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BELDEN CABLE RUNWAY
PART NUMBER WIDTH (A) mm (in) SHIPPIN%Q"S’FGHT kg
BLRS250-12B 300 (12.00) 10.8 (24.0)
BLRS250-18B 460 (18.00) 12.7 (28.0)
BLRS250-24B 610 (24.00) 14.5 (32.0) ~
BLRS250-12W 300 (12.00) 10.8 (24.0) S
BLRS250-18W 460 (18.00) 12.7 (28.0) %
BLRS250-24W 610 (24.00) 14.5 (32.0) N )
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STINGER DIMENSIONS: 1-1/2" x 3/8" x .065" (38.1mm x 9.53mm x 1.65mm)

CROSS MEMBER DIMENSIONS: 3/8" x 1-1/2" x .065" (9.5mm x 38.1mm x 1.65mm)
SPACED AT 12" (304.8mm) INTERVALS.

- OVERALL LENGTH 10' (3048mm)

- INDIVIDUALLY PACKAGED.

THIS DRAWING AND ALL INFORMATION CONTAINED HEREIN IS THE PROPERTY OF BELDEN. ANY USE, COPY OR
REPRODUCTION OF THIS MATERIAL WITHOUT WRITTEN PERMISSION OF BELDEN IS PROHIBITED
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