SEE PG #2
FOR DOOR DESIGNATION
BSP-22U-1 26

22U (38.50") X 12" DEEP 16 GA STEEL FRAME
e 19" RACK MOUNTING

e  CABLE KNOCKOUTS ON SIDES

e  MOUNTS TO EXISTING RACK

SECURE DOOR
e 16 GA STEEL
e  REVERSIBLE HINGE MOUNTING
«  DOOR OPTIONS:
PERFORATED MESH
POLYCARBONATE
SOLID
e  KEY LOCK STANDARD -
OPTIONAL COMBINATION LOCK AVAILABLE
(SOLD SEPARATELY)

COLOR : BLACK POWDERCOAT
SHIPPED UNASSEMBLED

SEL'D EIN

THIS DRAWING AND ALL INFORMATION CONTAINED HEREIN IS THE PROPERTY OF BELDEN. ANY USE, COPY
OR REPRODUCTION OF THIS MATERIAL WITHOUT WRITTEN PERMISSION OF BELDEN IS PROHIBITED.

TOLE%NCES 22U X 12"D SECURE PATCH ENCLOSURE
+0.010 BSP 22U-12(X) DWN BY: KRB | DATE: 4/11/2016
o%%v%?w SERIES: BSP CHK BY: DATE:
SPECIFIED | DWG TYPE: ASSEMBLY |MATL: N/A
SCALE: N/A | SH1 OF 2 |MATLTHK: N/A
@—8 UNITS:INCHEY SHT SIZE - C |BA: N/A
REF DWG: 433-24983 BSP-22U-12X 0
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