
 

 

 

Test TIA-568.3-E (MM) 
Intermateability Requirement FOCIS compliant with latest revision of TIA-604-10 (LC) 
Operating Temp Range -40° to 75°C 
Storage Temp Range -40° to 85°C 
Durability 500 Insertions 
Cable retention, straight pull 4.5 kgf 
Cable retention, 90 degree pull 1.5 kgf 
Flex 0.9 kgf 
Twist 1.35 kgf 
Transmission with Applied Load 2 kgf (0°), 1.3 kgf (90°) & 0.17 kgf (135°) 

 


