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Power Distribution Units
Achieve maximum data center uptime while saving money with standard and non-standard 
Belden Power Distribution Units (PDUs), which improve energy efficiency and system 
reliability. Fitted with multiple outlets, Belden PDUs distribute electric power to racks 
of computers and networking equipment. They deliver basic, reliable power distribution 
and, when required, provide intelligent management for mission-critical applications.

PDUs with intelligent monitoring allow local or remote viewing and alarms for problems 
at the outlet, breaker, circuit and aggregate level. Seeing current and/or power usage 
feedback in an instant minimizes the chances of overloading a PDU when adding, 
removing or adjusting equipment.

•  Fully complement Belden networking products

•  Compatible with Belden IBDN connectivity products and solutions

•  Superior performance when used as part of a fully integrated Belden IBDN solution, 
where components are designed to work together

Product Description Part Number Number of 
Outlets

Power 
Supply Inlet Plug Mounting Style Receptacle 1 Receptacle 2 Cord Style Circuit 

Breaker Color

Basic PDU EP101001
PDU-3044

8 16 A, 230 V, 1 
Phase

P+N+E (1 
Phase), Blue

Horizontal/
Vertical

8 x IEC 320 
C13

N/A 3m with 
P+N+E

N/A Black

Basic PDU with Local 
Unit Level Power 
Monitoring

EP102001
PDU-2774

30 16 A, 230 V, 1 
Phase

P+N+E (1 
Phase), Blue

Vertical 24 x IEC 320 
C13

6 x IEC 320 
C19

3m with 
P+N+E

N/A Black

EP102002
PDU-2868

8 16 A, 230 V, 1 
Phase

P+N+E (1 
Phase), Blue

Horizontal/
Vertical

8 x IEC 320 
C13

N/A 3m with 
P+N+E

N/A Black

EP102003
PDU-2643

30 32 A, 230 V, 1 
Phase

P+N+E (1 
Phase), Blue

Vertical 24 x IEC 320 
C13

6 x IEC 320 
C19

3m with 
P+N+E

Yes Black

Intelligent PDU with 
Local & Remote 
Unit Level Current 
Monitoring

EP103001
PDU-11630

30 16 A, 230 V, 1 
Phase

P+N+E (1 
Phase), Blue

Vertical 24 x IEC 320 
C13

6 x IEC 320 
C19

3m with 
P+N+E

N/A Black

EP103002
PDU-11325

30 16 A, 230 V, 1 
Phase

P+N+E (1 
Phase), Blue

Vertical 24 x IEC 320 
C13

6 x IEC 320 
C19

3m with 
P+N+E

Yes Black

EP103003
PDU-11316

42 32 A, 230 V, 1 
Phase

P+N+E (1 
Phase), Blue

Vertical 36 x IEC 320 
C13

6 x IEC 320 
C19

3m with 
P+N+E

Yes Black

EP103004
PDU-11216

30 16 A, 230 V, 1 
Phase

3P+N+E (3 
Phase), Blue

Vertical 24 x IEC 320 
C13

6 x IEC 320 
C19

3m with 
3P+N+E

N/A Black

EP103006
PDU-11016

30 32 A, 230 V, 1 
Phase

3P+N+E (3 
Phase), Blue

Vertical 24 x IEC 320 
C13

6 x IEC 320 
C19

3m with 
3P+N+E

Yes Black



Our End-to-End Expertise.
Your End-to-End Solution.
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Belden’s broad range of cable and connectivity 
solutions for broadcast trucks offer maximum 
reliability, flexibility and versatility. 



GLOBAL LOCATIONS

EUROPE/MIDDLE EAST/AFRICA

Germany
Phone: +49-7127-14-0
inet-sales@belden.com

France
Phone: +33-472-109-990
lyon.salesinfo@belden.com

Italy
Phone: +39-039-5965-250
info.milano@belden.com

Russia
Phone: +7-495-787-06-55
info@belden.ru

Spain
Phone: +34-91-746-17-30
madrid.salesinfo@belden.com

Sweden
Phone: +46-40-699-88-60
INET-sales@belden.com

The Netherlands
Phone: +31-773-878-555
venlo.salesinfo@belden.com

United Arab Emirates
Phone: +971-4-391-0490
dubai.salesinfo@belden.com

United Kingdom
Phone: +44 161 4983749
manchester.salesinfo@belden.com

AMERICAS   ASIA/PACIFIC

USA
Phone: +1-800-BELDEN1

(1-800-235-3361)

Singapore
Phone: +65-6879-9800
singapore.sales@belden.com

China
Phone: +86-21-5445-2388
China.Marketing@belden.com

For more information, please visit us at: 
www.beldensolutions.com
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